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Circuit Diagram for Card Detect Switch

WITH CARD WITHOUT CARD

S/W S/W
1 K
S |

C5 C5

NOTES:

1.

MATERIAL:

1.1 Housing:High Temperature Thermoplastic
UL94v-0; Color Black.

1.2 Terminal:Copper Alloy, T=0.12mm.

1.3 Shell:Stainless Steel, T=0.20mm.

8.80

. FINISH:

2.1 Terminal:Plated Gold on The Contact Area
and Solder Tails

2.2 Peg:Plated Gold on the Solder Tails.

. SPECIALITY:

Rated current:0.5A

Rated voltage:50V

Contact Resistance:80mQOMAX

Insulation Resistance:100MOMIN

Dielectric withstanding voltage:

Solder ability:24545°C,5+0.5s.

Operating condition:Temperature: —40°C~+85C
Humidity: 80% R.H MAX

100V DC
100V AC.
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V7 PAD AREA
RECOMMENDED PCB LAYOUT
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1.4h higne nano sim card conn.

DWG. NO.:

SIM=30TA-GZ/P

CHECKED: MAX
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PART NO.:

SIM=301A-GZ/P

DRAWN:  ELLA

UNIT:
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SCALE:
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DWG. SIZE:
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