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PRS0 5024430660

Product Description : 2.00mm Pitch CLIK-
Single
Row, Vertical, with Cover Tape, 6 Circuits

Mate Wire—to—Board PCB Receptacle,

Z55 : 502443
R ¢ Active

Product Category : PCB Headers and
Receptacles
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GADSL/IMDS Compliant with Exemption 44; 33
China RoHS @
EU ELV Not Relevant

Low—Halogen Status

Not Low-Halogen per IEC 61249-2-
21

REACH SVHC Not Contained per D(2023)3788-DC
(14 Jun 2023)
EU RoHS Compliant per EU 2015/863
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- IPC 1752A Class C
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i B 2.00mm Pitch CLIK-Mate Wire—to—
Board PCB Receptacle, Single Row,
Vertical, with Cover Tape, 6
Circuits
N H Signal, Wire-to—Board
MR See Product Specification for
maximum current rating by circuit
size and wire AWG
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2.00mm Pitch CLIK-Mate Single Row 502439

Plug Housings
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