5.57°

Technical requirements:

1. Unit: mm

2+ Wire diameter: 0.4
Nickel Plated Steel-Wire, meet ROHS
4. Style: horn mouth eccentric

3. Material:

5. Technics:High-Temperature Heat Treatment at 260°C

6. Size tolerance: The tolerance of unmarked parts is 0. 25mm
7. No dirty surface, no bad material
8. Contact number:
9. Mode:F10-5. 5-5. 5-0. 4P
10, Salt spray test: five precent salt spray test meets 24hours
11. Package: by bag, MPQ:2000PCS/bag
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