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Caution :

All products listed in this specification are developed, designed and intended for use in general electronics equipment. The products are not
designed or Warranted to meet the requirements of the applications listed below, whose performance and/or quality require especially high reliability,
or whose failure, malfunction or trouble might directly cause damage to society, person, or property. Please understand that we are not responsible
for any damage or liability caused by use of the products in any of the applications below. Please contact us for more details if you intend to use our

products in the following applications.
1. Aircraft equipment.

. Aerospace equipment.

. Undersea equipment.

. nuclear control equipment.

. military equipment.

2

3

4

5

6. Power plant equipment.
7. Medical equipment.

8. Transportation equipment (automobiles, trains, ships,etc.)
9. Traffic signal equipment.

10. Disaster prevention / crime prevention equipment.

11. Data-processing equipment.

12. Applications of similar complexity or with reliability requirements comparable to the applications listed in the above.

% B, E S T B M more information, Please click: WWW.CJIANG.COM.CN
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1. Scope

Featurs

1.1 Metal material for large current and low loss.
1.2 High performance (Isat) realized by metal dust core.

1.3 Low loss realized with low Rdc.
1.4 Closed magnetic circuit design reduces leakage flux.

1.5 Vinyl thermal spray, better surface compactness.
1.6 100% lead (Pb) free meet RoHS standard.

Application

2.1
2.2
2.3
24
2.5
2.6

DC/DC converters.

Pad,Smartphone.

Portable gaming devices, Smart wear, Wi-Fi module.
Notebooks, VR, AR.

LCD displays, HDDs, DVCs, DSCs, etc.

Baseband power supply, Amplifier, Power management, Module power supply, Camera power manageme.

2. Ordering Procedure

FIC 2016 10 S 1R0 M B
© @ @ ® ® @ @

(DSeries Name: Mini Molding Power Inductors
@External Dimensions(L*xW):2016=2.0*1.6 mm
@External Dimensions(H): 10=1.0 mm

@Size Tolerance:S=+0.2mm D=+0.1mm
®Inductance value: IRO=1.0uH

@Tolerance K=+10% M=+20% N=+30%
®DCoating color:B=Black G=Gray

@Product type:C=Common

@sSpecial define: A=Routine B~Z=Special

<

@®@n
©

For special characteristics, please refer to the specific values in Item 5 "Specifications".

F 2%, G A HKILMEE ™ more information, Please click: WWW.CJIANG.COM.CN
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3. SHAPE AND DIMENSIONS

QOutline Dimensions Recommend Land Pattern Dimensions
Bisaabie iia | O
k—g—i k—sl
- e
I:T / C
Z /
Units:mm

FTC1005058 1.0+0.15 0.4 0.5+0.15 0.30+02 0.50Max. 1.20 0.30 0.60
FTC100506S 1.0+0.15 0.4 0.5+0.15 03002 0.60Max. 1.20 0.30 0.60
FTC1005658 1.0£0.15 0.4 0.5+0.15 0.30+0.2 0.65Max. 1.20 0.30 0.60
FTC100765D 1.0+0.1 0.4 0.7%0.1 0.30+0.2 0.65Max. 1.10 0.30 0.80
FTC100708D 1.0£0.1 0.4 0.7+0.1 0.30£0.2 0.80Max. 1.10 0.30 0.80
FTC121065S 1.2+0.2 0.4 1.0+02 040+02 0.65Max. 1.30 0.30 1.10
FTC160806S 1.6+02 0.6 0.8+02 0.50+02 0.60Max. 1.70 0.50 0.90
FTC160865S 1.6+0.2 0.6 0.8+0.2 0.50+0.2 0.65Max. 1.70 0.50 0.90
FTC160808S 1.6+02 0.6 0.8+02 0.50+0.2 0.80Max. 1.70 0.50 0.90
FTC1412658 1.4+02 0.5 1.2+02 04502 0.65Max. 1.50 0.40 1.30
FTC141207S 14+02 0.5 1.2+02 045+02 0.70Max. 1.50 0.40 1.30
FTC1412088 14402 0.5 1.2+0.2 0.45+0.2 0.80Max. 1.50 0.40 1.30
FTC201206S 2.0+02 0.6 1.2+02 0.70+0.2 0.60Max. 2.10 0.50 1.30
FTC2012658 2002 0.6 1.2+02 0.70£0.2 0.65Max. 2.10 0.50 1.30
FTC201208S 20+02 0.6 1.2+02 0.70+£0.2 0.80Max. 2.10 0.50 1.30
FTC2012108 20+02 0.6 1.2+02 0.70+0.2 1.00Max. 2.10 0.50 1.30
FTC2012128 20+02 0.6 1.2+02 0.70+0.2 1.20Max. 2.10 0.50 1.30
FTC2016558 20+02 0.6 1.6+0.2 0.70+0.2 0.55Max. 2.10 0.50 1.70
FTC201665S 20+02 0.6 1.6+02 0.70+0.2 0.65Max. 2.10 0.50 1.70
FTC2016078 2002 0.6 1.6£0.2 0.70£0.2 0.70Max. 2.10 0.50 1.70
FTC201608S 20+02 0.6 1.6+0.2 0.70+£0.2 0.80Max. 2.10 0.50 1.70
FTC201610S 20+02 0.6 1.6+0.2 0.70+0.2 1.00Max. 2.10 0.50 1.70
FTC201610D 2.0+0.1 0.6 1.6+0.1 0.70£0.2 1.00Max. 2.10 0.50 1.70
FTC2016128 20402 0.6 1.6+0.2 0.70+0.2 1.20Max. 2.10 0.50 1.70
FTC2520558 25+02 0.8 2.0+02 0.85+02 0.55Max. 2.60 0.70 2.10
FTC2520758 25+02 0.8 20+02 0.85+02 0.75Max. 2.60 0.70 2.10
FTC2520088 25+02 0.8 20+02 0.85+02 0.80Max. 2.60 0.70 2.10

B2, A RITHEE ™ more information, Please click: WWW.CJIANG.COM.CN
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FTC2520108 25402 0.8 20+02 0.85+02 1.00Max. 2.60 0.70 2.10
FTC2520128 25402 0.8 20+02 0.85+02 1.20Max. 2.60 0.70 2.10
FTC3225108 32402 1.1 25+02 1.05+0.2 1.00Max. 320 1.00 2.50
FTC3225128 3202 1.1 25%02 1.05+0.2 1.20Max. 320 1.00 2.50
FTC3225208 32402 1.1 25+02 1.05+0.2 2.00Max. 320 1.00 2.50
FTC303010D 3.0+0.1 1.0 3.0+0.1 1.00+0.2 1.00Max. 3.00 0.90 3.00
FTC303012D 3.04+0.1 1.0 3.0+0.1 1.00+0.2 1.20Max. 3.00 0.90 3.00
FTC303015D 3.0+0.1 1.0 3.0+0.1 1.00+0.2 1.50Max. 3.00 0.90 3.00
FTC303018D 3.0%0.1 1.0 3.0x0.1 1.00+0.2 1.80Max. 3.00 0.90 3.00
FTC303020D 3.0+0.1 1.0 3.0x0.1 1.00+0.2 2.00Max. 3.00 0.90 3.00
FTC404008S 4.1+02 1.4 41%02 13502 0.80Max. 4.10 1.30 4.10
FTC4040108 41402 14 41+02 135+02 1.00Max. 4.10 1.30 4.10
FTC404012S 41402 14 41+02 135402 1.20Max. 4.10 1.30 4.10
FTC4040158 41+02 14 41+02 135+02 1.50Max. 4.10 1.30 4.10
FTC4040208 41+02 14 41x02 1.35+02 2.00Max. 4,10 1.30 4.10
FTC4040308 41+02 14 41+02 135402 3.00Max. 4.10 1.30 4.10
4. Marking
No Marking
5. Specifications
1>1005 Series

FTC100505(1.0¥0.5%0.50mm)

FTC100505SR47TMBCA 0.47 190 220 13 1.2 1.5 1.3

FTC100506(1.0¥0.5%0.60mm)

FTC100506SR47TMBCA 0.47 160 190 L5 1.4 1.65 1.55
FTC100506S1ROMBCA 1.0 280 320 1.0 0.8 1.15 1.05
FTC100506S1ROMBCD 1.0 270 300 1.0 0.8 1.15 1.05

FTC100565(1.0%0.5*%0.65mm)

FTC100565SR47TMBCA 0.47 150 175 1.7 1.6 1.85 1.75

2>1007 Series
FTC100765(1.0*0.7*%0.65mm)

HZ %, EAFTEITMAEM more information, Please click: WWW.CJIIANG.COM.CN
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FTC100765DIRSMBCA 1.5 400 500 04 03 1.1 0.9
FTC100765D2R6MGCA 2.6 750 900 0.55 04 1.0 0.8

FTC100708(1.0%0.7*0.8mm)

FTC100708D2R2MBCA

2.2

425

480

1.0

0.9

115

1.05

321210 Series

FTCI121065(1.2¥1.0%0.65mm)

FTC121065S2R2ZMBCA

22

280

340

1.0

0.9

13

1.2

FTC121008(1.2*1.0%0.80mm)

FTC121008S4R7MBCA

47

600

680

0.7

0.6

1.0

0.9

4>1608 Series

FTC160806(1.6*0.8*0.60mm)

FTC160806SR1I0MGCA

0.10

16.5

20

6.5

6.0

6.5

6.0

FTC160865(1.6%0.8*%0.65mm)

FTC160865SR22MGCA 0.22 35 43 4.0 35 5.0 45
FTC160865SR47TMGCA 0.47 66 82 23 2.0 33 3.0
FTC160865SR47TMGCD 0.47 65 78 3.0 25 35 32
FTC160865S1ROMGCA 1.0 180 200 1.8 1.5 24 2.0
FTC160865S1ROMGCD 1.0 140 160 22 1.8 22 2.0
FTC160865S2R2MBCA 22 390 430 1.3 1.1 1.6 1.3

B4 ¥, i S YT B E ™ more information, Please click: WWW.CJIANG.COM.CN
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FTC160807(1.6%0.8*0.70mm)

FTC160807S150MBCA

15.0

2400

2800

0.45

0.35

0.6

0.5

FTC160808(1.6*0.8*0.8mm)

FTC160808SR18MBCA 0.18 17 21 5.8 52 6.0 55
FTC160808SR22MBCA 0.22 33 40 3.4 3.0 55 5.0
FTC160808SR24MBCA 0.24 34 41 33 29 53 48
FTC160808SR24MBCD 0.24 22 26 3.9 35 49 44
FTC160808SR24MBCB 0.24 20 24 5.5 5.0 53 48
FTC160808SR33MBCA 0.33 30 35 47 43 47 44
FTC160808SR47TMBCA 0.47 80 100 2.6 23 41 3.7
FTC160808SR47MBCD 0.47 36 43 42 4.0 4.0 35
FTC160808SR56MBCA 0.56 85 110 22 1.9 4.0 35
FTC160808SR56MBCD 0.56 51 63 25 22 3.0 2.7
FTC160808SR68MBCA 0.68 110 130 2.1 1.9 33 3.0
FTC160808S1IROMBCA 1.0 180 200 2.1 1.8 3.0 26
FTC160808SIROMGCD 1.0 105 115 2.1 1.8 23 2.1
FTC160808S1IROMGCB 1.0 105 115 2.1 1.8 25 22
FTC160808S1R5SMBCA 1.5 240 285 L7 1.4 24 2.0
FTC160808S2R2MGCA 22 220 260 1.4 1.2 1.5 1.3
FTC160808S2R2MBCA 22 220 260 1.4 1.2 15 1.3
FTC160808S2R2MBCB 22 220 260 1.4 1.2 1.7 1.6
FTC160808S3R3IMBCA 33 500 600 1.0 0.9 1.4 1.2
FTC160808S4R7TMBCA 4.7 585 700 1.0 0.8 12 1.0
FTC160808S100MBCA 10.0 1450 1600 0.5 0.45 0.8 0.7

HEEW,E AT KITHM B E M more information, Please click:  WWW.CJIANG.COM.CN
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5>1412 Series

FTC141265(1.4*1.2%0.65mm)

FTC141265SR10MBCA 0.10 13.5 16.5 6.5 6.0 7.0 6.5
FTC141265SRISMBCA 0.15 16 19.5 59 54 6.0 5.5
FTC141265SR24MBCA 024 23 27 6.5 6.0 55 5.0
FTC141265SR33MBCA 0.33 26 32 44 42 44 4.0
FTC141265SR33MGCA 0.33 26 32 44 42 44 4.0
FTC141265SR47TMBCA 0.47 37 45 30 27 34 3.0
FTC141265SR47TMGCA 0.47 37 45 3.0 27 34 3.0
FTC141265SR4TMGCB 0.47 35 38 35 32 4.0 3.6

FTC141207(1.4*1.2*%0.7mm)

FTCI141207SR24MBCA

0.24

36

FTC141207SR47TMBCA

0.47

33

38

FTC141208(1.4*%1.2%0.8mm)

FTC141208SR10MBCA 0.10 1.5 14.0 8.0 75 85 8.0
FTCI141208SR24MBCA 0.24 22 27 4.1 37 6.0 57
FTC1412085R24MBCD 0.24 21 24 6.6 6.0 72 6.5
FTC141208SR33MBCA 0.33 23 28 4.0 35 53 5.0
FTC141208SR33MGCA 0.33 23 28 4.0 35 53 5.0
FTCI141208SR47TMBCA 0.47 29 35 38 33 4.6 42
FTC141208SR47TMGCA 0.47 29 35 38 33 46 42
FTC141208SR47MBCD 0.47 29 32 38 33 4.6 42
FTC141208SR47TMBCF 0.47 27 29 42 4.0 47 45
FTC141208SR68MBCA 0.68 51 57 35 30 35 32
FTCI14120851ROMBCA 1.0 65 77 3.0 25 3.0 25
FTC141208S2R2MBCA 22 200 225 2.0 1.8 1.9 1.7
FTC141208S3R3MBCA 33 30 35 5.3 48 85 7.5
FTC141208S4R7TMBCA 47 465 530 1.1 1.0 1.3 12

LB A F KL H B ™ more information, Please click: WWW.CJIIANG.COM.CN
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6>2012 Series

FTC201206(2.0%1.2%0.60mm)

FTC201206SR11MGCA

0.11

125

15.0

FTC201206SR47TMBCA

0.47

FTC201265(2.0%1.2*0.65mm)

FTC201265SR15MBCA 0.15 12 14 5.8 55 6.1 58
FTC201265SR24MBCA 0.24 17 20 438 45 5.1 48
FTC201265SR33MBCA 0.33 30 35 43 4.0 4.6 43
FTC201265SR47TMBCA 0.47 37 44 38 35 4.1 38
FTC201265SR47TMBCB 0.47 37 44 3.8 3.5 42 4.0
FTC201265SR68MBCA 0.68 50 60 33 3.0 35 32
FTC201265S1ROMBCA 1.0 78 86 2.6 23 28 25
FTC201265SIR5SMBCA 1.5 115 135 2.1 1.8 23 2.0
FTC201265S2R2MBCA 22 215 230 1.7 1.4 1.8 1.5
FTC201265S2R2MBCD 22 175 210 1.4 1.3 1.4 1.3
FTC20126582R2MBCF 22 175 200 1.8 L5 1.9 1.6
FTC201265S4RTMBCA 4.7 470 530 1.1 0.9 1.2 1.0
FTC201265S100MBCA 10.0 1300 1500 0.6 0.5 0.8 0.6

B2, A HKILMEE M more information, Please click: WWW.CJIANG.COM.CN
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FTC201208(2.0%1.2*0 8mm)

FTC201208SR11MBCA 0.11 10 12 7.0 6.5 9.5 9.0
FTC201208SR15SMBCA 0.15 11 13 6.8 6.3 7.5 7.0
FTC201208SR24MBCA 0.24 18 23 6.5 5.9 6.5 6.0
FTC201208SR24MGCA 0.24 18 23 6.5 5.9 6.5 6.0
FTC201208SR24MGCB 0.24 17 20 6.5 5.9 70 6.6
FTC201208SR24MBCF 0.24 16 18 7.0 6.5 72 7.0
FTC201208SR33MBCA 0.33 33 45 43 4.0 52 438
FTC201208SR33MBCD 0.33 20 24 5.8 52 6.0 54
FTC201208SR47MBCA 0.47 34 50 35 33 50 4.6
FTC201208SR47TMGCA 0.47 34 50 35 33 50 4.6
FTC201208SR47MBCD 0.47 24 28 4.7 45 52 438
FTC201208SR68MBCA 0.68 50 60 37 33 42 3.7
FTC201208S1ROMBCA 1.0 55 70 33 29 40 35
FTC201208S1ROMBCD 1.0 48 55 32 28 32 28
FTC201208S1ROMGCD 1.0 48 55 32 2.8 32 28
FTC201208S1RSMBCA 1.5 118 135 22 1.9 30 25
FTC20120852R2MBCA 22 160 185 22 1.8 26 23
FTC20120852R2MBCD 22 90 115 1.7 1.3 21 1.9
FTC201208S2R2MBCB 22 130 156 1.8 1.6 22 2.0
FTC201208S2R2MBCF 22 120 130 2.0 1.8 2.1 1.9
FTC201208S3R3MBCA 33 253 300 1.8 1.5 1.9 1.6
FTC201208S4R7MBCA 4.7 285 325 1.7 1.5 1.6 1.4
FTC201208S6R8MBCA 6.8 460 530 1.1 1.0 1.3 1.1
FTC2012085100MBCA 10.0 700 800 0.8 0.7 0.9 0.8

B2, G S RIT M B E ™ more information, Please click: WWW.CJIANG.COM.CN
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FTC201210(2.0¥1.2¥1.0mm)

FTC201210SR10MBCA 0.1 8.0 13 7.5 7.0 85 8.0
FTC201210SR11IMBCA 0.11 7.0 85 10.0 95 14.1 12.0
FTC201210SR22MBCA 0.22 16 22 7.1 6.5 7.3 6.8
FTC201210SR24MBCA 0.24 17 23 7.0 6.4 72 6.7
FTC201210SR24MGCD 0.24 13 17 7.0 6.4 7.2 6.7
FTC201210SR24MGCB 0.24 115 14 9.0 8.0 7.3 6.7
FTC201210SR33MBCA 0.33 24 32 55 5.0 6.5 6.0
FTC201210SR33MGCB 0.33 14 16 57 52 6.7 6.3
FTC201210SR47MBCA 0.47 29 36 4.7 43 5.5 5.0
FTC201210SR47TMGCB 0.47 22 26 5.0 45 6.0 5.5
FTC201210SR47MBCD 0.47 18 20 7.0 6.5 6.0 55
FTC201210SR56MBCA 0.56 26 31 53 47 52 4.8
FTC201210SR68MBCA 0.68 37 43 43 40 5.0 45
FTC201210S1IROMBCA 1.0 55 63 3.9 35 4.0 35
FTC201210SIROMBCD 1.0 50 55 4.0 35 4.0 35
FTC201210SIROMBCB 1.0 50 55 4.0 35 4.0 3.6
FTC201210S1R2MBCA 1.2 65 75 32 29 33 3.0
FTC201210S1R5SMBCA 1.5 76 85 3.1 26 32 2.7
FTC201210S2R2MBCA 22 135 150 20 1.7 27 2.4
FTC201210S2R2ZMBCD 22 125 145 22 20 2.7 2.4
FTC201210S3R3MBCA 33 210 260 1.8 L5 22 1.8
FTC201210S4R7MBCA 4.7 275 300 1.6 14 1.8 1.6
FTC201210S6R8MBCA 6.8 440 520 1.5 13 1.45 1.2
FTC201210S100MBCA 10.0 600 660 1.1 1.0 1.2 1.0

B 2P S TI A T more information, Please click: WWW.CJIANG.COM.CN
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FTC201212(2.0%1.2%1.2mm)

FTC201212SR1I0MBCA 0.10 5.4 6.0 12 11 12.0 11.5
FTC201212SR11MBCA 0.11 5.5 6.2 12 11 12.0 11.0
FTC2012128SR1 IMBCD 0.11 5.0 5.8 12 11 12.0 11.0
FTC201212SR24MBCA 0.24 13 16 7.5 7.0 9.0 8.5
FTC201212SR24MBCD 0.24 13 15 7.7 7.2 9.0 85
FTC201212SR33MBCA 0.33 17 20.5 6.3 5.8 6.5 6.0
FTC201212SR47TMBCA 0.47 20 235 6.0 5.5 5.5 5.0
FTC201212SR47TMBCD 0.47 20 22 6.2 5.7 55 5.0
FTC201212SR68MBCA 0.68 26 32 48 44 52 45
FTC201212S1ROMBCA 1.0 40 48 39 35 40 3.6
FTC20121281RSMBCA 1.5 70 80 3.0 27 33 3.0
FTC20121282R2MBCA 22 115 130 25 23 28 24
FTC201212S3R3MBCA 33 180 210 1.8 1.6 20 1.8
FTC2012128100MBCA 10.0 440 500 1.2 1.1 1.4 12
7>2016 Series

FTC201655(2.0%1.6*0.55mm)

FTC201655SR33MBCA 0.33 34 41 4.0 35 4.0 35

FTC201655SR47TMBCA 0.47 44 53 35 3.0 35 3.0

FTC201655S2R2MBCA 22 185 210 L5 1.3 1.6 1.4
FTC201606(2.0%1.6%0.60mm)

FTC201606S2R2MBCA 22 155 180 18 1.6 1.9 1.7

FTC201606S4R7TMBCA 47 370 425 1.3 1.1 1.4 1.2

B2, A EIL M A E M more information, Please click: WWW.CJIANG.COM.CN
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FTC201665(2.0%1.6*%0.65mm)

FTC201665SR47TMBCA 0.47 33 40 5.0 45 44 4.0
FTC201665SR68MBCA 0.68 42 50 4.0 35 3.4 3.1
FTC201665S1ROMBCA 1.0 58 70 35 3.0 3.0 27
FTC201665S2R2MBCA 22 145 170 28 2.6 22 2.0
FTC20166584R7TMBCA 47 365 420 1.4 1.2 L5 13
FTC201665S100MBCA 10.0 1000 1150 0.8 0.7 0.9 0.8

FTC201607(2.0%1.6%0.70mm)

FTC201607S2R2MBCA 22 150 175 2.1 1.8 23 2.0

FTC201608(2.01.6*0.8mm)

FTC201608SR22MBCA 0.22 14 19 6.6 59 6.1 5.6
FTC201608SR24MBCA 0.24 14 20 6.5 5.8 6.0 55
FTC201608SR33MBCA 0.33 18 24 55 48 58 53
FTC201608SR47TMBCA 0.47 24 27 55 52 55 5.0
FTC201608SR47TMGCA 0.47 24 27 55 52 55 5.0
FTC201608SR68MBCA 0.68 39 44 38 35 46 42
FTC201608S1ROMBCA 1.0 53 60 3.6 33 33 31
FTC201608S1ROMGCD 1.0 45 52 3.6 33 3.8 35
FTC201608S1RSMBCA 1.5 73 85 3.1 2.8 3.0 28
FTC201608D2R2ZMBCA 22 150 180 23 2.1 24 22
FTC201608S2R2MBCA 22 123 140 22 2.0 25 23
FTC201608S3R3IMBCA 33 200 220 1.8 1.5 2.1 1.8
FTC201608S4R7TMBCA 47 260 290 1.6 1.4 1.7 1.5
FTC201608 D4R7TMBCA 47 270 325 1.4 1.2 1.5 1.3
FTC201608S6R8MBCA 6.8 360 405 1.4 1.2 1.4 1.3
FTC201608D100MBCA 10.0 800 900 1.0 0.9 0.9 0.8
FTC201608S100MBCA 10.0 690 800 1.0 0.9 1.0 0.9

L2 P, ST IT M B E ™ more information, Please click: WWW.CJIANG.COM.CN




CJaNG EHI KT A B R A
KT SZ CJIANG TECHNOLOGY CO.,LTD

FTC201610(2.0%1.6%1.0mm)

FTC201610SR1I0MBCA 0.10 7.0 12 85 8.0 9.0 84
FTC201610SR11IMBCA 0.11 75 13 8.0 7.5 8.9 82
FTC201610SR15MBCA 0.15 8.0 14 7.6 7.0 8.7 8.0
FTC201610SR22MBCA 0.22 11 18 6.9 6.3 82 15
FTC201610SR22MBCD 0.22 11 13 6.9 6.3 82 7.5
FTC201610SR24MBCA 0.24 12 19 6.8 6.2 8.0 74
FTC201610SR24MBCD 0.24 11 14 6.8 6.2 8.0 7.4
FTC201610SR24MBCF 0.24 75 9.0 8.0 7.5 75 7.0
FTC201610SR33MBCA 0.33 17 22 57 53 7.0 6.5
FTC201610SR33MGCA 0.33 17 22 57 53 7.0 6.5
FTC201610SR33MBCB 0.33 11 13 6.7 6.2 6.5 6.0
FTC201610SR33MBCF 0.33 17 22 57 53 7.5 7.0
FTC201610SR47MBCA 0.47 22 25 55 5.0 6.3 55
FTC201610SR47MBCB 0.47 22 25 58 5.6 6.5 6.0
FTC201610SR47TMGCA 0.47 22 25 55 5.0 6.3 55
FTC201610SR47TMGCD 0.47 18 22 6.0 5.6 6.2 5.6
FTC201610SR47TMBCF 0.47 19 23 6.5 6.0 7.0 6.5
FTC201610SR47MBCE 0.47 14 17 6.5 6.0 55 5.0
FTC201610SR56MBCA 0.56 19 23 7.5 7.0 55 5.0
FTC201610SR6SMBCA 0.68 25 32 4.6 43 52 4.7
FTC201610SR68MBCB 0.68 25 32 55 52 5.7 55
FTC201610STROMBCA 1.0 35 43 45 4.1 46 42
FTC201610S1IROMGCA 1.0 35 43 4.5 4.1 4.6 42
FTC201610SIROMBCB 1.0 42 46 4.0 34 49 46
FTC201610SIROMBCD 1.0 31 36 48 43 48 42
FTC201610S1ROMGCD 1.0 31 36 48 43 48 42
FTC201610SIRSMBCA 1.5 80 100 2.6 23 32 29
FTC201610S1RSMBCD 1.5 60 70 4.0 35 33 3.0
FTC201610S2R2MBCA 22 120 130 25 2.1 3.0 28
FTC201610S2R2MGCA 22 120 130 25 2.1 3.0 28

HEEW,E ST KT A E ™ more information, Please click: WWW.CJIANG.COM.CN




CcJaNG

FYNT AL BB A PR A 7]

SHIRL:: SZ CJIANG TECHNOLOGY CO.,LTD
FTC201610S2R2MGCD 22 105 115 25 2.1 3.0 28
FTC201610S2R2MBCB 22 72 81 33 30 3.0 28
FTC201610D2R2ZMBCA 22 115 125 25 22 33 3.0
FTC201610S3R3IMBCA 33 140 170 1.7 1.5 23 2.0
FTC201610D4R7TMBCA 47 250 276 1.6 1.4 1.9 1.7
FTC201610S4R7MBCA 47 190 220 1.6 1.4 2.0 1.8
FTC20161084RTMGCA 47 190 220 1.6 1.4 2.0 1.8
FTC201610S6R8SMBCA 6.8 320 350 1.7 1.5 1.7 1.5
FTC201610S100MBCA 10.0 483 580 1.0 0.7 1.4 1.1
FTC201610S150MBCA 15.0 800 960 0.9 0.6 1.1 0.9
FTC201610S220MBCA 22.0 1200 1400 0.6 0.5 0.8 0.7

FTC201612(2.0%1.6*1 2mm)

FTC201612SR10MBCA 0.10 4.0 6.0 12 10 13 11.5
FTC201612SR11MBCA 0.11 48 5.6 15.5 14.5 12.5 11.0
FTC201612SR11MBCB 0.11 6.3 7.5 13.0 12.0 15.0 14.0
FTC201612SR15MBCA 0.15 7.5 10 10 9.0 12 105
FTC201612SR22MBCA 0.22 85 10.5 9.3 88 9.7 92
FTC201612SR24MBCA 0.24 9.0 11 9.1 8.6 92 8.7
FTC201612SR24MBCB 0.24 10 12,5 11.0 10.0 10.5 10.0
FTC201612SR33MBCA 0.33 10 15 7.7 72 7.8 73
FTC201612SR4TMBCA 047 13 17 6.7 6.0 6.7 6.0
FTC201612SR68MBCA 0.68 19 23 6.0 53 6.0 53
FTC201612SR68MBCB 0.68 22 25 6.0 5.4 6.0 55
FTC201612S1ROMBCA 1.0 30 36 5.0 45 5.0 45
FTC201612S1RSMBCA 1.5 40 30 4.0 35 4.0 35
FTC201612S2R2MBCA 22 77 90 33 29 3.1 27
FTC201612S3R3MBCA 3.3 135 165 24 2.0 27 2.3
FTC201612S3R3MBCD 3.3 115 130 2.6 22 27 23
FTC201612S4R7TMBCA 47 160 185 2.0 1.8 22 2.0
FTC201612S6R8MBCA 6.8 255 300 1.8 1.7 1.9 1.7
FTC201612S100MBCA 10.0 410 460 1.3 1.2 1.4 13
852520 Series

FTC2520558(2.5%2.0%*0.55mm)

W& 8 S KL B M more information, Please click: WWW.CJIANG.COM.CN




CliaNG FYIT I B RHER R A F

KT SZ CJIANG TECHNOLOGY CO.,LTD
FTC252055SR22MBCA 022 23 28 65 6.0 48 45
FTC252055SR4TMBCA 047 12 49 55 52 35 32

FTC2520758(2.5#2.0%0.75mm)

FTC25207582R2MGCA

22

78

90

23

2.0

26

24

FTC25200858(2.5%2.0%0.8mm)

FTC252008SR33MBCA 0.33 17 20 59 55 6.1 5.7
FTC252008SR47MBCA 0.47 22 27 6.5 6.0 6.0 53
FTC252008SR68MBCA 0.68 27 32 49 44 5.0 45
FTC252008S1ROMBCA 1.0 34 40 43 4.0 45 4.0
FTC252008S1RSMBCA 1.5 64 75 34 3.0 35 3.0
FTC252008S2R2MBCA 22 69 77 3.0 26 30 26
FTC252008S3R3IMBCA 33 150 180 25 2.1 25 2.1
FTC252008S4R7MBCA 47 180 215 2.0 1.5 1.9 1.5
FTC25200884R7MBCD 47 160 180 2.0 1.5 1.9 1.5
FTC252008S6R8MBCD 6.8 260 300 1.3 L1 14 1.2
FTC2520085100MBCA 10 500 600 1.4 1.2 1.1 0.9
FTC2520085100MBCD 10 490 540 1.4 1.3 1.3 1.1

FTC2520108(2.5%¥2.0%1.0mm)

FTC252010SR10MBCA 0.10 6.5 8.5 12.0 11.0 13.5 12.5
FTC252010SR15MBCA 0.15 7.0 9.0 9.5 8.5 10.5 9.5
FTC252010SR22MBCA 0.22 12 17 6.8 6.5 8.6 7.9
FTC252010SR22MGCA 0.22 12 17 6.8 6.5 8.6 7.9
FTC252010SR24MBCA 0.24 12 17.5 6.7 6.4 85 7.8
FTC252010SR24MBCD 0.24 85 10 8.5 7.5 9.0 8.0
FTC252010SR33MBCA 0.33 13 19 6.5 62 7.6 72
FTC252010SR33MGCA 0.33 13 19 6.5 6.2 7.6 72
FTC252010SR47MBCA 0.47 15 22 6.1 5.6 72 6.5
FTC252010SR47MGCA 0.47 15 22 6.1 5.6 72 6.5
FTC252010SR47MBCD 0.47 13 15 6.5 6.0 6.6 6.0
FTC252010SR68SMBCA 0.68 23 27 5.6 5.0 5.9 55
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