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SPECIFICATIONS
1. Current rating: 7A

i y /\ 2. Temperature range: -40°C ~ +105°C
E— 3. Insulation resistance: 1000MQ Min.
o 4. Withstanding voltage: 800V AC/ minute.
IE IE N 5. Contact resistance: 20mQ Max.
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2/ ~ ™ Mate with XFCN P3960 series Housing
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M3960V-03N2P
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