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Device Device Marking Voltage Device Package Quantity
HL116 116A 6V S0T23-6L 3, 000
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Syribol D'!mensions In Millimeters F)imensions In Inches
Min Max Min Max
A 1.050 1.250 0.041 0.049
A1 0.000 0.100 0.000 0.004
A2 1.050 1.150 0.041 0.045
b 0.300 0.500 0.012 0.020
o 0.100 0.200 0.004 0.008
D 2.820 3.020 0.111 0.119
E 1.500 1.700 0.059 0.067
El 2.650 2.950 0.104 0.116
e 0.950(BSC) 0.037(BSC)
el 1.800 2.000 0.071 0.079
L 0.300 0.600 0.012 0.024
3] 0° 8° Or 8°
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Important Notice and Disclaimer

HL Microelectronics reserves the right to make changes to this document and

its products and specifications at any time without notice.

Customers should obtain and confirm the latest product information and specifications
before final design, purchase or use.

HL Microelectronics makes no warranty, representation or guarantee regarding the
suitability of its products for any particular purpose, not does HL Microelectronics
assume any liability for application assistance or customer product design.

HL Microelectronics does not warrant or accept any liability with products which
are purchased or used for any unintended or unauthorized application.

No license is granted by implication or otherwise under any intellectual
property rights of HL Microelectronics.

HL Microelectronics products are not authorized for use as critical components
in life support devices or systems without express written approval of HL Microelectronics.
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