] 1 ] 2 3 ] 4 ] 5
ROHS REV. | ECN NO. DESCRIPTION DRAW DATE
8.50+£0.2
SPECIFICATIONS:
1.Current Rating: 3A AC, DC
2 NVoltage Rating: 250V AC, DC
S.Temperatuer Range: —40°C~+105C
4 Contact Resistance: 20mQ Maox
5.lnsulation Resistance: 1000MQ Min
gl ! g 6.WithstandingVoltang: 1000V AC/minute
T T /- Material: Wafer Nylonot  UL94—-VO0
‘ H ‘ H ‘ PIN Brass Tin—plated
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APPROVAL TITLE  Jebpe PINEE2. 54 3PINEHR (XHZZ REV. A
7000:’:03 TOLERANCES ARE FE PINEH2. 54 3PINELHE (XHFRZI)
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