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Product Description : 2.54mm Pitch C-Grid
Header, Low Profile, Dual Row, Right
Angle, Shrouded, 20 Circuits, 0.38um Gold
(Au) Selective Plating, Tin (Sn) PC Tail
Plating

FH5 70247
R ¢ Active

Product Category : PCB Headers and
Receptacles
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GADSL/IMDS Compliant with Exemption 44; 34;
33
China RoHS @
EU ELV Not Relevant
Low—Halogen Status Not Low-Halogen per IEC 61249-2-
21
REACH SVHC Not Contained per D(2023)3788-DC
(14 Jun 2023)
EU RoHS Compliant per EU 2015/863
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https://www.molex.com/zh-cn/products/part-detail/702472051
https://www.molex.com/content/dam/molex/molex-dot-com/products/automated/en-us/salesdrawingpdf/702/70247/702472051_sd.pdf
https://www.molex.com/content/dam/molex/molex-dot-com/products/automated/en-us/packagingdesigndrawing/878/87835/PK-87835-001-001.pdf
https://www.molex.com/content/dam/molex/molex-dot-com/products/automated/en-us/3dcadmodels/702/70247/702472051_stp.zip
https://www.molex.com/content/dam/molex/molex-dot-com/products/automated/en-us/applicationspecificationspdf/713/71308/713080001-AS-000.pdf
https://www.molex.com/content/dam/molex/molex-dot-com/products/automated/en-us/productspecificationpdf/702/70246/PS-70246-100-001.pdf
https://www.molex.comnull.html
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- IPC 1752A Class C

- IPC 1752A Class D

- Molex Product Compliance Declaration
- IEC-62474

- chemSHERPA (xml)
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) PCB Headers and Receptacles
37| 70247
i il 2.54mm Pitch C-Grid Header, Low
Profile, Dual Row, Right Angle,
Shrouded, 20 Circuits, 0.38Mm
Gold (Au) Selective Plating, Tin
(Sn) PC Tail Plating
W H Signal, Wire—to—Board
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https://tools.molex.com/molex/electrical_model/MultiPartComplianceDocuments.action?pn=702472051
https://www.molex.com/bin/molex/rohspdf?partNumber=702472051
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C-Grid Vertical, Dual Row, High 71395
Profile, Surface Mount PCB
Connectors
C-Grid Vertical, Dual Row, High 71850
Profile, Through Hole PCB
Receptacles
SL Dual Row Crimp Housings 70450
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https://www.molex.com/zh-cn/part-list/71395?physical_circuitsMaximum=20
https://www.molex.com/zh-cn/part-list/71850?physical_circuitsMaximum=20&physical_numberOfRows=2
https://www.molex.com/zh-cn/part-list/70450?physical_circuitsMaximum=20&physical_numberOfRows=2

