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RAS: V1.05

Note:

WAYTRONIC ELECTRONIC CO.,LTD. reserves the right to change this document without prior notice. Information provided by
WAYTRONIC is believed to be accurate and reliable. However, WAY TRONIC makes no warranty for any errors which may appear in
this document. Contact WAYTRONIC to obtain the latest version of device specifications before placing your orders. No responsibility is
assumed by WAYTRONIC for any infringement of patent or other rights of third parties which may result from its use. In
addition, WAYTRONIC products are not authorized for use as critical components in life support devices/systems or aviation
devices/systems, where a malfunction or failure of the product may reasonably be expected to result in significant injury to the user,

without the express written approval of WAYTRONIC.
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Dimensions In Millimeters

Dimensions In Inches

i Min. Max. Min. Max.
A 1.050 1.050 0.041 0.049
Al 0.000 0.100 0.000 0.004
A 1.050 1.150 0.041 0.045
b 0.300 0.500 0.012 0.020
c 0.100 0.200 0.004 0.008
D 2.820 3.020 0111 0.119
E1 1500 1700 0.059 0.067
E 2650 2.950 0.104 0.116
e 0.950(BSC) 0.037(BSC)
e 1.800 2.000 0.071 0.079
L 0.300 0.600 0.012 0.024
5 0° 8° 0° 8°
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Tape dimension (Default: Type )
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