The R-6xxx series is a high performance 1.5V to 15V (18V), 1.1 Amp to 2Amp, 12-Pin SIP (single in-line
package) switching regulator. The Synchronous rectification yields excellent efficiencies up to 97%.
Short circuit protection reduces the short circuit input current to under 50mA.

Part Input Output Vout Output Efficiency Max. Capacitive
Number Voltage Range Voltage Adjust Range ® Current @ minVin @ max.Vin  Load @
[vDC] [vDC] [vDC] [A] [%] [%] [HF]
R-611.8x 9-32 1.8 15-3.6 1 79 67 200/6800
R-612.5x 9-32 2.5 15-45 1 84 74 200/6800
R-613.3x 9-32 33 18-6 1 88 79 200/6800
R-615.0x 9-32 5 18-9 1 92 84 200/6800
R-619.0x 11-32 9 33-15 1 96 90 200/6800
R-6112x 14-32 12 3.3-15 1 97 92 200/6800
R-621.8x 9-32 1.8 15-3.6 2 76 68 200/6800
R-622.5x 9-32 2.5 15-45 2 81 74 200/6800
R-623.3x 9-32 33 18-6 2 86 80 200/6800
R-625.0x 9-32 5 18-9 2 90 85 200/6800
R-629.0x 11-32 9 33-15 2 95 91 200/6800
R-6212x 14-32 12 3.3-15 2 96 93 200/6800
Notes:

Note1: Vin-Vout > 1.5V if adjust function is used
Note2: please refer to basic characteristics on page I-2

Model Numbering
R-6 X

Output Current (A)
nom. Output Voltage

Pinning ©

Notes:
Note3: x can be ,P* = vertical through hole
x can be ,D“ = bent for horizontal through hole mounting

Ordering Examples:
R-612.5P lout= 1000mA nom. Vout= 2.5VDC
R-623.3D lout=2000mA nom. Vout= 3.3VDC

P= vertical through hole
D= bent for horizontal through hole mounting
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