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RECOMMENDED P.C.BOARD LAYOUT LEAD AREA:GOLD 0.025um’MIN.

UNDERPLATING: NICKEL 1um” MIN

02

SPECIFICATIONS:

1.VOLTAGE /CURRENT RATING: 100V/AC, DC,0.4A;
2.WITHSTANDING VOLTAGE: 300V AC/ONE MINUTE;
3.INSULATION RESISTANCE: 1000M @ MIN/250V DC.;
4.CONTACT RESISTANCE: 45m @ MAX./100mA;
S5.DURABILITY: 50 CYCLES;

6.0PERATING TEMPERATURE RANGE: —-55° C TO 85° C.
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RECOMMENDED P.C.BOARD LAYOUT

SPECIFICATIONS:

[1230. 70%0. 02

R

L

S.DURABILITY: 50 CYCLES;

MATERIAL:

PLATING:

1.TERMINAL: CONTACT AREA:GOLD 0.05um”MIN.

1.INSULATOR: PPS,UL 94V-0, LIGHT BROWN;
2.TERMINAL: PHOSPHOR BRONZE;

1.VOLTAGE /CURRENT RATING: 100V/AC, DC,0.4A;
2.WITHSTANDING VOLTAGE: 300V AC/ONE MINUTE;
3.INSULATION RESISTANCE: 1000M @ MIN /250V DC;
4.CONTACT RESISTANCE: 45m Q@ MAX./100mA;

6.0PERATING TEMPERATURE RANGE: —55° C TO 85° C.

LEAD AREA:TIN 2.5um” MIN.
UNDERPLATING: NICKEL 1um” MIN.
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