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CJT.
%555 COnn C3030 SERIES 3.00mm pitch wire to wire and wire to board connector
/

Specifications

Current rating:5A AC,DC

Voltage rating:250V AC,DC

Temperature range:-40°C~+105°C

Contact resistance:10mQ Max.

Insulation resistance:1000MQ Min.

Withstanding voltage: 1500V AC/minute
*Compliant with RoHS and REACH*

*Meet the HF/Halogen Free, GWT/Glow wire Test
(IEC60335-1) request,need to customize*
*Contact CJT for details*

Standards
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E__E ;s—gé—gégé C3030 SERIES 3.00mm pitch wire to wire and wire to board connector
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c3030 SERIES 3.00mm pitch wire to wire and wire to board connector
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111111 C3030 SERIES 3.00mm pitch wire to wire and wire to board connector
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Reference Informations:
*Material:Nylon 66,UL94V-0
*Suitable CJT C3030F series Terminal

30 H F_XP )—3.00mm Pitch Single Row Housing

(SR

Ordering Information:
C3030HF-XP - ***

*Mates with CJT C3030HM,C3030HMA series iparine 2
Single row Housing or C3030 series single row Wafer 2.Material:
* . (blank):Nylon 66,UL94V-0
Color:Black GWT:Nylon 66,UL94V-0,GWT 750°C
Circuit 1
Circuit 1
I I O M 1KT ]
[ } } N AN
{"Iﬁ [Tzl < il [t
IO | 8 Ly ies
Yo}
3.0040.10 3.00£0.10
A+0.20 8.20+0.25
B+0.25 6.80+0.25 Ordering Information & Dimensions:
Dimensions
I I I PART NO. A 5
H H H 2P 3.00 6.80
M M M 3P 6.00 9.80
& 9 4P 9.00 12.80
S S 5P 12.00 15.80
8 8 6P 15.00 18.80
i s 7P 18.00 21.80
8P 21.00 24.80
9P 24.00 27.80
| 10P 27.00 30.80
1P 30.00 33.80
3p~12P 2P 12P 33.00 36.80
Unit: mm

[ CB030HM-XP ) 200mm pich iR Hosig

Reference Informations:

*Material:Nylon 66,UL94V-0

*Suitable CJT C3030M series Terminal

*Mates with CJT C3030HF series single row Housing
*Color:Black

Ordering Information:
C3030HM-XP - ***

1 2
1.Part No.
Circuit 1 2.Material:
(blank):Nylon 66,UL94V-0
IFI ! GWT:Nylon 66,UL94V-0,GWT 750°C
| T
] J
3.00+0.10
A+0.20
3.90+0.25
B+0.25 2.54
Ordering Information & Dimensions:
Dimensions
< PART NO. A 5
2P 3.00 6.85
o 3P 6.00 9.85
g 4P 9.00 12.85
3 — - 5P 12.00 15.85
2 6P 15.00 18.85
= e 18.00 21.85
8P 21.00 24.85
| S— 9P 24.00 27.85
10P 27.00 30.85
11P 30.00 33.85
5.25+0.25 12P 33.00 36.8‘5
Unit: mm
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