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For 4 Through 18 Circuits
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* Available in 2 through 18 circuits

For 2 Circuits

AN

Material:
* Insulation:

* Contact: Brass

Ordering Code:
(33 »* P 1 H 1 0

(1) Series No.
@ No. of Circuits

(@ Contact type:
4 Plating option:
1= 3.05um(120u") Min.

P= Pin header

Tin

over 0.76um(30u") Nickel

2= Gold flash plated ov
1.27um(50u”) Nickel

er

3= 0.38um(15u") Gold plated
over 1.27um(50u") Nickel

4= 0.76um(30u") Gold plated
over 1.27um(50u") Nickel

®) Tail Style:
(® Color: 1= Black

(7) Option:

‘ 2.54+0.05
100+.002 e
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21.10£0.05
.043+£.002 s

Recommended P.C. Board Layout

H= Right angle

Glass filled polyester UL 94V—-0

RoHS Compliant
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