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NOTE:
1.Rating: 24V 25mA DC
2.Insulation Resistance: 2100 MQ
3.Withstand voltage:AC 500V TMinute
4 Operating Faorce Range: 800gf Max
Q 5.Mechanical Life:3,000 Cycles
6.0perating Temperature range —20°~+/0°C

% /. Ambient Humidity used: <85%RH
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DIM.A(KIE) 4.07 5.61 9.15 11.69 | 14.23 ) Keystoks White
ITEM | PART NAME | TER'NO. QTY. MATERIAL FINISHING REMARK

DIM.B(¥Kk) 1.27 3.81 6.35 8.89 11.45
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