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SCHEMATIC    (NON-SHORTING)

P.C.B LAYOUT

BOTTOM VIEW

Terminal

Base

Cover

Keystake

PAPT NAME

ITEM

Brass（0.30t）

Phenolic Resin

Sus

Pa66

QTYTER‚NO FINISHING

MATERIAL
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Black

Natural

ag Plated

1P2T

0.3A 50V DCRATING

CIRCUIT

CONTACT  RESISTANCE 100mΩ MAX

TRAVEL
2mm

OPERATING FORCE
250±100gf

OPERATING LIFE(CYCLES)
10,000
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