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Preliminary 

Features 

- 8V to 40V Input Voltage Range 

- Adjustable Output from 1.22V to 24V 

- Continuous 3A Output Current 

- Integrated 100mΩ MOSFET Switch 

- 1.22V Voltage Reference with ±2% Accuracy 

- Low 35µA Shutdown Current 

- Fixed 1.2x Output Over Voltage Protection 

- Fixed 150kHz Switching Frequency 

- Programmable CV/CC mode 

- Rapid Response Current Mode Operation 

- Over Voltage and Current Limit 

- Over Temperature Protection 

- RoHS 2.0 compliant SO-8P Green Package 

with Exposed Pad 

General Description 

The VP2140 is an efficiency and low-cost buck 

converter with integrated low RDS(ON) high-side 

100mΩ MOSFET switch. It is capable of delivering 

3A continuous output current with programmable 

current limit  over  a wide range of supplying 

voltage from 8V to 40V. With a simple voltage 

divider, the output voltage is easily adjustable 

from 1.22V to 24V. 

 

Other features such as 150kHz PWM frequency, 

output  over-voltage  protection,  total  fault-free 

protection and low 35µA shutdown current/ 1.2mA 

quiescent current make VP2140 ideally to be used 

in  application like  automotive  equipments and 

networking devices. 

 

The VP2140 is available in popular SO-8P green 

package with exposed pad.  Applications 

- Car Charger 

- Wireless Communication Device 

- Networking Device 

- LCD Monitor/ LCD TV 

Typical Application 

3A/40V/150kHz Buck Converter with CC mode  
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Preliminary 

Functional Block Diagram 

Pin Assignments And Descriptions 

Pin No. Pin I/O/P Function Description 

1 BS - 

High-side MOSFET switch gate drive boost input. Connect at least 

100nF capacitor from LX to BS to control the High-Side switch. Place 

the capacitor close to this pin.  

2 IN P 
Power Input. Drive IN with an 8V to 40V power source to activate the 

converter.  

3 LX O 
Switch Output. LX is the switching node that generate PWM waveforms 

to the output.  

4 GND P Power ground. 

5 FB I 

Feedback Input. FB pin monitors the voltage offset from output to 

regulate output voltage. Use a voltage divider feedback from the output 

to drive FB pin.  

6 COMP - 

Compensation Node. COMP is used to compensate the regulation con-

trol loop. Connect a series RC network from COMP to GND to compen-

sate the regulation control loop. 

7 EN I 
Chip Enable. Pull EN high to enable the regulator, pull it low to turn it 

off. Pull up with a 100kΩ resistor to start it up automatically.  

8 ISET - 
Current Limit Setting. Connect a resistor from ISET to GND to set the  

peak switching current. Leave it floating for internal current limit. 
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Absolutely Maximum Ratings  
Over operating free-air temperature range, unless otherwise specified (* 1) 

Symbol Parameter Limit Unit 

VIN Supply voltage range -0.3 to 42 V 

VLX Switch voltage range -1 to VIN+1 V 

TJ Operating junction temperature range -40 to +160 oC 

TSTG Storage temperature range -65 to 150 oC 

Electrostatic discharge Human body model  ±2 kV 

Electrostatic discharge Machine model ±200 V 

θJC Thermal Resistance (Junction to Case) 10 oC/W 

θJA Thermal Resistance (Junction to Air) 50 oC/W 

VIN(COMP, EN, FB, SS)  Low voltage input range  -0.3 to 6 V 

VBS 
High-side MOSFET switch gate drive volt-

age range  
VLX-0.3 to VLX+6  V 

( *1): Stress beyond those listed at “absolute maximum rating” table may cause permanent damage to the device. These are stress rating ONLY. For 

functional operation are strongly recommend follow up “recommended operation conditions” table. 

Recommended Operating Conditions 

Symbol Parameter 
Specification 

Unit 
Min Max 

VIN Supply voltage 8 40 V 

VOUT Output voltage 1.22 24 V 

TA Operating free-air temperature range -40 85 oC 
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Symbol Parameter Test Condition 
Specification 

Unit 
Min Typ Max 

ISD Shutdown supply current VEN=0V   35 60  µA 

IQ Supply current VEN=2.0V, Non-Switching    1.2 1.4  mA 

VREF Reference voltage 8V≤VIN≤40V    1.2 1.22 1.24  V 

 RDS(ON)H  High-Side switch RDS(ON)      100   mΩ 

fOSC Oscillation frequency     150  kHz 

DMAX  Maximum duty cycle VFB=1.0V  85   % 

 tON(MIN) Minimum ON time     120 ns 

  EN shutdown threshold voltage VEN rising 0.8 1  1.2 V 

  EN pin leakage current  VEN =0V   6   µA 

  Soft-start bias current     4   µA 

 Over temperature shutdown    150   °C 

RDS(ON)L  Low-Side switch RDS(ON)    10  Ω 

 Internal current Limit   4.3  A 

GEA Error amplifier transconductance    500     µ 

AEA Error amplifier voltage gain    400  V/V 

GCS COMP to current sense transcondutance    3.3     

 Short circuit oscillation frequency  VFB=0V  80  kHz 

 Over temperature shutdown hystersis   20  °C 

Electrical Characteristics 
TA = 25℃, VIN = 24V, unless otherwise noted 

Ω 

Ω 
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Functional Descriptions 

The VP2140 is a fixed frequency, current mode 

asynchronous buck converter. During normal op-

eration, the internal MOSFET switch is controlled 

by the gate driver and dominates the duty cycle of 

the PWM waveform. While the switch is turned off, 

the inductor current flows through the external 

diode. 

 

PWM Oscillation 

 

The frequency of the internal oscillator is fixed at 

150kHz. In case of short circuit (output/feedback  

voltage is zero), the frequency will be down to 

85kHz to reduce the heat and minimize the power 

consumption. 

 

Error Amplifier 

 

The error amplifier compares the voltage of FB pin 

with the internal voltage reference VREF.  When the  

output current increases, the voltage of FB pin de-

creases and the error amplifier output will start to 

increase. This will force the gate driver to increase 

the duty cycle of the PWM waveform and raise the 

inductor current to compensate the output voltage 

drop. 

 

Adjusting Peak Switching Current 

 

To  adjust  the  peak  switching  current  is  easy  

by connecting a resistor RISET from ISET pin to GND. 

 

Chip Enable 

 

The VP2140 has an EN pin to perform chip enable 

control. The regulator can be enabled and disabled  

by simply applying state logic values on EN pin. 

The precision values of the rising threshold is 1V 

and the falling threshold is 0.8V. Never leave the 

EN pin floating and make sure the value of the 

logic  away  from  the  voltage  region  of  rising 

threshold and falling threshold. 

 

Under-voltage Lockout 

 

Under-voltage lockout (UVLO) is implemented to 

protect the internal gate driver away from uncer-

tain state and lose the control of the MOSFET 

switch. UVLO threshold voltage is 6.5V typically. 

 

Thermal Protection 

 

Thermal  shutdown  is  implemented  to  prevent  

the  chip  from  operating  at  exceedingly  high  

temperatures. When the silicon die temperature is 

higher  than  its  upper  threshold,  it  forces  the 

whole chip entering shutdown state. When the 

temperature is lower than  its  lower  threshold,  it 

resumes the normal operation.  

 

Output Voltage 

 

In Figure 1, the output voltage can be set by the 

resistor network connected to the output voltage 

terminal and FB pin. The resistor network divides 

the output voltage down to the feedback voltage 

by the follow ratio: 

 
where VFB is the feedback voltage, VOUT is the out-

put voltage. 

 

Thus the output voltage can be obtained by the 

following equation: 
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Functional Descriptions (cont.) 

 

 

 

 

 

 

 

 

Figure 1. Output network of VP2140 
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Application Information 

The  VP2140  is  an  asynchronous  high  voltage  

buck converter that can support the input voltage 

range from 7V to 40V and the output current can 

be up to 3A.  

 

Inductor Selection 

 

The value of the inductor affects the ripples of 

output voltage and must be carefully selected. In 

the  same working  condition,  larger  inductance 

value results in lower output ripple voltage but 

such inductor will be oversized, higher series re-

sistance and lower saturation current. 

 

In most cases, it would be a good rule to keep 

peak-to-peak switching current ∆IL to be approxi-

mate 30% of the maximum switching current. And 

it is necessary to assure the peak inductor current 

is under maximum switch current limit. Thus, the 

inductance  can  be  calculated  by  the  following 

equation: 

 
where f is the switch frequency, L is the induc-

tance. 

 

Hence the maximum peak current limit of the in-

ductor IL(PEAK) can be obtained by: 

 
where ILOAD is the maximum load current. 

 

With the equations listed above, the inductance of 

inductor can be calculated easily. Actually, the se-

lection of the inductor is the compromise of the 

cost, size, electrical specification and desired elec-

tro-magnetic compatibility. 

 

Output Rectifier Diode  
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The output rectifier diode supplies the current to  

the inductor when the high-side switch is off. To  

reduce losses due to the diode forward voltage 

and recovery times, it is recommended to use a 

Schottky diode. Choose  a  diode  whose  maxi-

mum  reverse voltage  rating  is  greater  than  the  

maximum input  voltage,  and  whose  current  

rating  is greater than the maximum load current. 

 

Input Capacitor Selection 

 

The VP2140 requires an input decoupling capaci-

tor and a bulk capacitor is needed depending on 

the application. The use of low ESR capacitors can 

give the benefits of better performance and less 

ripple voltage. 

 

The input capacitor should be considered with the 

RMS current rating. The following equation shows 

how t could be estimated: 

 

 

 

where Duty is the PWM duty cycle, ILOAD(MAX) is the 

maximum load current. 

 

Therefore, select input capacitor with ripple cur-

rent rating larger than half of the maximum load 

current. 

 

The input ripple voltage ∆VIN depends on the ESR 

and capacitance of input capacitor. The value of 

the input capacitor can be determined as the fol-

lowings: 

 

 

 

Input capacitor could cause significant conduction 

loss if the input current is large enough. Its power 

dissipation is listed below: 
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Application Information (cont.) 

 

 

When selecting input capacitor, make sure the ca-

pacitance is enough to prevent the excessive input 

ripple current. If using aluminum electrolytic input 

capacitors,  parallel  connecting  0.1µF  speed-up 

capacitor as close to the regulator as possible. 

 

Output Capacitor Selection 

 

The output capacitor is to maintain output voltage 

and reduce output ripple voltage ∆VOUT and the low 

ESR capacitor is preferred. The output ripple volt-

age can be obtained by the following equation: 

 

 

 

 

 

 

Boot-Strap Capacitor Selection 

 

A 100nF ceramic capacitor must be connected be-

tween the BS pin to LX pin for proper operation. It 

is recommended to use a ceramic capacitor.  
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Application Information (cont.) 
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Package Information 

SO-8P 

Sym-
bols 

Standard Thermal 

Min. Max. Min. Max. 

A - 1.75 - 1.70 

A1 0.10 0.25 0.00 0.15 

A2 1.25 - 1.25 - 

b 0.31 0.51 0.31 0.51 

c 0.10 0.25 0.10 0.25 

D 4.90 BSC  4.90 BSC  

E 6.00 BSC  6.00 BSC  

E1 3.90 BSC 3.90 BSC 

e 1.27 BSC  1.27 BSC  

L 0.40 1.27 0.40 1.27 

h 0.25 0.50 0.25 0.50 

θ° 0 8 0 8 

Pad Size 
E2 D1 

Min. Max. Min. Max. 

90x90E 1.94 2.29 1.94 2.29 

95x13E 2.05 2.41 2.81 3.30 

Thermal Enhanced Dimensions 

Notes: 
1. Package Outline Unit Description: 

BSC: Basic. Represents theoretical exact dimension or dimension target. 
MIN: Minimum dimension specified. 
MAX: Maximum dimension specified. 
REF: Reference. Represents dimension for reference use only. This value is not a device specification. 
TYP: Typical. Provided as a general value. This value is not a device specification. 

2. Dimensions in Millimeters. 
3. JEDEC Outline :  MS-012 AA Rev. F (Standard), MS-012 BA Rev. F (Thermal) 
4. Dimensions “D” does not include mold flash, protrusions or gate burrs. Mold flash, protrusions and gate burrs shall not exceed 0.51mm 

per side. 
5. Dimensions “E1” does not include inter-lead flash, or protrusions. Inter-lead flash and protrusions shall not exceed 0.25mm per side. 
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Contact Information 

Viva Electronics Incorporated 

10F-1, No. 32, Gaotie 2nd Rd., Zhubei City, Hsinchu County, Taiwan, R.O.C. 

Tel: 886-3-6579508 

Fax: 886-3-6579509 

WWW: http://www.viva-elec.com.tw 

Sales: sales@viva-elec.com.tw 

FAE Support: fae@viva-elec.com.tw 

 

 
 
 
 
 
 
 

 

IMPORTANT NOTICE 

Viva Electronics Incorporated reserves the right to make changes without further notice to any products or specifications herein. 

Viva Electronics Incorporated does not assume any responsibility for use of any its products for any particular purpose, nor does 

Viva Electronics Incorporated assume any liability arising out of the application or use of any its products or circuits. Viva Elec-

tronics Incorporated does not convey any license under its patent rights or other rights nor the rights of others.  


