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FEATURES SPECIFICATION
w1 %gCD: "rl]exzieglma:] A Contact Rating  150mA, 24V DC
-~ @~ *kCross-hea at-head Actuator Contact
o
‘ S sxWashable Resistance 80mQ max.
Insulation )
QI;PL!CATItON Ratltants 100MQ min. 250V DC
s Steering system Dielectric )
S - ‘?’Ez.} 3%White goods Strength 0N D
RBH3-10RA \"ev ® *Wireless microphone Operating Force 400gf-cm max.
Operating Life 10,000 steps
o Operating Temp. -60°C ~ +125°C
RBM3-16RB Storage Temp.  -60°C ~ +125°C
HOW TO ORDER PACKAGE
RBLILJ-LI[IRL]V <Tube>
I 47 pcs
<Tape & Reel>
Package: RBM: 450 pcs.
B=Tube
R=Tape&Reel(Only for S.M.T)
'\HA:TSH%Jgh Hole RoHS & Lead Free Solderable
Terminals: —— — A=Cross-head Actuator
2=3x2 B=Flat-head Actuator
3=3x3
— Real Code
—— 8=8 Steps.
10=10 Steps.
16=16 Steps.
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ROTARY CODED SWITCH

ROTARY CODED SWITCH

10x10mm X s
RB series Selector Rotary T
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